
USBA_N
USBA_P

USBB_N
USBB_P

USBC_N
USBC_P

MIPI_CK_N
MIPI_CK_P
MIPI_D0_N
MIPI_D0_P
MIPI_D1_N
MIPI_D1_P

nRST

WKUP

SHDN
LPM

DIFF100
DIFF100
DIFF100
DIFF100
DIFF100
DIFF100

DIFF90
DIFF90

DIFF90
DIFF90

DIFF90
DIFF90

GND

GND

nRST_OUT

XIN32K
XOUT32K

XIN24M
XOUT24M

4.02k
0201 1%
R40

5.62K
0201 1%
R33

16.9k02011% R36
16.9k02011% R37

20k02011% R38
16.9k02011% R39

MIPI_D2_N
MIPI_D2_P

DIFF100
DIFF100

MIPI_D3_N
MIPI_D3_P

DIFF100
DIFF100

GND

XINB7

XOUTA7

XIN32A9

XOUT32B9

SHDNB4

WKUP0A8

JTAGSELH10

NRSTD3

TSTG9

QSPI0_CALM13

AUDIOCLKK8

MIPI_CLK_P V21MIPI_CLK_N V20

MIPI_D0_N Y20

MIPI_D1_N W20MIPI_D0_P Y21

MIPI_D1_P W21

MIPI_REXT V18

HHSDMA F1

HHSDPA F2

HHSRTUNE K7NRST_OUTE4

SDMMC0_CALR16

SDMMC1_CALB13

SDMMC2_CALE14

LPMA6

HHSDMB G1

HHSDPB G2

HHSDMC J1

HHSDPC J2

MIPI_D2_N T20

MIPI_D2_P T21

MIPI_D3_N R20

MIPI_D3_P R21

DIODE_NB6

DIODE_PH9 TEMP_GND C4

SAMA7D65

U5G

AUDIOCLK

10k
0402 1%
R34

GND

JTAGSEL

VDD_3V3 1k 0402
1%

R35

90Ω ±15% differential trace impedance
Routing top or bottom

100Ω ±10% differential trace impedance
Routing top or bottom


