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Matched Net Lengths [Tolerance = 0.5mm]

GND

VDD_3V3

VDD_3V3

10k
0402
1%

R129

NAND_WP

0.1uF16V0402 C121

10k
0402
1%

R130

NAND_CS_IN

GND

0.1uF16V0402 C122
0.1uF16V0402 C123
0.1uF16V0402 C124

R/B#C8

RE#D4

CE#C6

VCCH8 VSS C5

CLED5

ALEC4

WE#C7

WP#C3

VSS K8

I/O0 H4

I/O1 J4

I/O2 K4

I/O3 K5

VCCD3 VSS K3VCCJ6

VCCG4

I/O4 K6

I/O5 J7

I/O6 K7

I/O7 J8

VSS F7

U8

MX30LF4G28AD-XKI VFBGA-63

NAND_D3_PA10
NAND_D4_PA5
NAND_D5_PA6
NAND_D6_PA7
NAND_D7_PA8

NAND_D0_PA3
NAND_D1_PA4
NAND_D2_PA9

NAND_RDY_PA11
NAND_WE_PA0
NAND_RE_PA12
NAND_ALE_PA1
NAND_CLE_PA2

i
NAND

Matched Net Lengths [Tolerance = 0.5mm]

NAND_RDY_PA11

10k
0402
1%

R131

VDD_3V3
50Ω ± 10% single-ended trace impedance


