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GMAC1_TX0_PD22

GMAC1_TX1_PD23

GMAC1_RX0_PD27
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GMAC1_TX3_PE1

GMAC1_RX2_PD30

GMAC1_RX3_PD31

GMAC1_RXCK_PE2

GMAC1_IRQ_PE3

NRST

i
GMAC1

Matched Net Lengths [Tolerance = 0.5mm]
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1uF
16V
0603

C170

GND

1uF
16V
0603

C168

GND
GND

VDD_2V5_B

22uF
10V
0805

C166
22uF
10V
0805

C171
22uF
10V
0805

C169

VDD_2V5_B

GND

5V_MAIN

GND

VDD_3V3_B

GND

VDD_3V3_B

GIGABIT_ETH_PHYID
GIGABIT_ETH_MDETECT 100k 0402 1%R199 GND

GMAC1_25MHz

0R 0402DNP R200
0R 0402R201 NRST_OUT

22R 0402 1%R203

22R 0402 1%R204

22R 0402 1%R205

22R 0402 1%R206

22R 0402 1%R207

22R 0402 1%R208

Place TX series resistors close to MPU

0R
0402

R197

VDD_3V3

1.5k

0402
1%

DNP
R194

1.5k

0402
1%

R195
10k

0402
1%

R196

10k 0402 1%R198
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BAT54C-G

D7

PIOBU1_WAKE

10k 0402 1%R202VBAT

240R@100MHz
0402 DNP

FB120.5pF
50V 0402

DNP

C172 GND

240R@100MHz
0402 DNP

FB130.5pF
50V 0402

DNP

C173 GND

GMAC1_TXCK_PD29

GMAC1_RXCK_PE2

GMAC1_MOSI_PA18
GMAC1_MISO_PA17

GMAC1_SPCK_PA16
GMAC1_SPI_CS_PA20

50Ω ± 10% single-ended trace impedance


