
12
34
56
78
910
1112
1314
1516
1718
1920

2x10 2.54mm shrouded
BHR-20-VUA

J38

GND

JTAG_NTRST_PC22

JTAG_TCK_PC23
JTAG_TMS_PC24

JTAG_TDI_PC25

JTAG_TDO_PC26

VDD_3V3

100k
0402
1%

R253
100k
0402
1%

R254
100k
0402
1%

R255
100k
0402
1%

R256

NRST

100k
0402
1%

R252
i

JTAG

100R
0402 5%
R258


