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RAO 1 48 1 Vpp
RA7 [ ]2 47 | JVsg
RA1 3 46 [ RC11
Ves [ 4 45 [T RC10
Vpp |5 44 [T RC4
RA11 [ |6 43 [T]RC3
RAS [ |7 42 [T]RC5
RA9[ |8 41 []RC2
RA10 ]9 PIC32AKXXXXGC41064 40 [ ]Vpp
AVgs [] 10 39 ]Vss
AVpp [ 11 38 [] RC1
RA2 [ |12 37 [] RcO®
RA3 [ |13 36 ] RC7
RA4 [ |14 35 [] RC6
RA5 [] 15 34 [] RCO®
RA6 [_| 16 33 []Rrcs®@
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