
Level
Shifter

USB 2.0

VOLTAGE
CONTROL

ATtiny3227
MCU User LED

(LED0)

TARGET POWER

VDD

GPIO User Switch
(SW0)

GPIO

UART (CDC)UART (CDC)

USB Type-C®
Connector

Power/Status
LED

Debugger Regulator
(3.3V)

Adjustable Target Regulator
(1.8-5.5V)

5.0V

Debugger
UPDIUPDI

32.768 kHz
Crystall Footprint

(Y100)


