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75 [] RB1M
74 ] RB10
73 ] RDO
72 [ RD1
71 ] RD2
70 1 Vop
69 [ Vss
68 ] N/IC
67 1 N/C
66 _INIC
65 1 Vpp
64 [ 1 Vss
63 1 N/IC
62 ] NIC
61 [_]INIC
60 I N/IC
59 [_IN/IC
58 1 N/IC
57 __1N/IC
56 ] N/IC
55 [ _]N/IC
54 _1NIC
53 _IN/IC
51 [_1N/IC
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