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Digital Comparator 0 ADCMP0 Interrupt

Digital Comparator 1 ADCMP1 Interrupt

Digital Filter 0 ADFL0DAT

ADCBUF0

ADCBUF1

ADCBUF25

ADCAN0 Interrupt

ADCAN1 Interrupt

ADCAN23 Interrupt

ADFLTR0 Interrupt
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Dedicated
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Digital Filter 1 ADFL1DAT
ADFLTR1 Interrupt
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Digital Comparator 2 ADCMP2 Interrupt

Digital Comparator 3 ADCMP3 Interrupt

Digital Filter 2 ADFL2DAT
ADFLTR2 Interrupt

Digital Filter 3 ADFL3DAT
ADFLTR3 Interrupt
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Temperature
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