
2

2.05

2.1

2.15

2.2

2.25

2.3

-40 -25 -10 5 20 35 50 65 80 95 110 125

Sw
itc

hi
ng

 F
re

qu
en

cy
 (M

H
z)

Temperature (°C)

VIN = 12V
VOUT = 3.3V
IOUT = 250 mA


