
GND

GND
USB-A-D-RA

VBUS2
5

GND2
8

D2-
6

D2+
7

J10B

0.1uF
50V
0402

C90

0.1uF
50V
0402

C89

5V_MAIN

0.1uF
50V
0402

C87

EARTH_USB

USB-A-D-RA

VBUS1
1

GND1
4

D1-
2

D1+
3

0

J10A

MIC2026-1YM

FLGB
3

ENB
4

ENA
1

FLGA
2

GND
6

OUTB
5

OUTA
8

IN
7

U8

47uF
16V
AL-C

C88

47uF
16V
AL-C

C91

180RFB5

USBB_OVCUR_PA26
USBC_OVCUR_PA28

USBB_EN_PD18
USBC_EN_PD15

5V_VBUSB

5V_VBUSC

10k
0402
1%

R58
10k
0402
1%

R59

10k
0402
1%

R60
10k
0402
1%

R61

GND GND

VDD_3V3 VDD_3V3

USBB_N
USBB_P

USBC_N
USBC_P

DIFF90
DIFF90

DIFF90
DIFF90


