
VDD_3V3

10k
0402
1%

R21

GND

0.1uF
50V
0402

C57
10uF
10V
0603

C58

GND

68k
0402
5%

R20
68k
0402
5%

R19
68k
0402
5%

R18
68k
0402
5%

R17
i

SDMMC0

Matched Net Lengths [Tolerance = 0.5mm]

D0
7

D1
8

D2
1

D3/CD
2

CLK
5

CMD
3

SW_A
9

SW_B
10

GND
11

GND
12

GND
13

GND
14

VDD
4

VSS
6

uSD socket 114-00841-68

J3

VDD_3V3
SDMMC0_CK_PA17

SDMMC0_CMD_PA16

SDMMC0_DAT1_PA18
SDMMC0_DAT2_PA19
SDMMC0_DAT3_PA20

SDMMC0_DAT0_PA15

SDMMC0_CD_PA25

10k
0402
1%

R22

50Ω ± 10% single-ended trace impedance


