
GND_USBA GND

GND

5V_VBUS_FT

DIFF90
DIFF90

DIFF90
DIFF90

5V_VBUS

GND

GND

USB_FT_CONN_N
USB_FT_CONN_P

GND_USBAGND

GND GND

GND

EEPROM_CS

EEPROM_CLK

GND

VDD_3V3

EEPROM_DATA

VDD_3V3

EEPROM_CLK
EEPROM_CS

EEPROM_DATA

VDD_3V3

FTDI_Reset

FTDI_RX_B
FTDI_TX_B

JTAG_TDI

nRST

JTAG_TDO
JTAG_TMS

VDD_1V8_FT

VDD_3V3

VDD_1V8_FT
GND

VDD_3V3

VDD_3V3
VDD_1V8_FT VDD_3V3

JTAG_TCK
JTAG_TCK

JTAG_TMS

JTAG_TDI
JTAG_TDO

nRST

USB_FT_IC_P
USB_FT_IC_N

FT_JTAG_TDI
FT_JTAG_TDO
FT_JTAG_TMS

FT_JTAG_TCK

FT_JTAG_nRST

DBGU_RX_FTDI
DBGU_TX_FTDI

JTAG_RTCK
FT_JTAG_RTCK

FTDI_RX_C
FTDI_TX_C

FTDI_VPLL

FTDI_VPHY

FTDI_REF

FTDI_OSCI

FTDI_OSCO

FTDI_TEST

FT_ADBUS4

FT_ADBUS6

90Ω ±10% differential trace impedance
Routing top or bottom


