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Vin: 2.1 -5V
Out: 1.8V & 500mA
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Vin: 3.5-5.5 Vin: 3.8 - 4.5V Vin: 3.5 - 12V Vin: 6.2 - 24V
Out: 3.3V & A Out: 3.3V & 1A Out: 1.8V & 50mA Out: 5V & 100mA
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MiIcRoOCHIP

BBS5: MCP1825S
Low Voltage LDO
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BBS6: MAQ5300
Very Low Dropout Regulator

MicRocCHIP

BBS7: MCP1726
High Current LDO

MicrocHIP

BBS8: MIC5233
High Voltage LDO
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MIcroOCHIP

BBS9: MCP1793
High Voltage LDO




