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Buffer 0 (128 bits)

Clock

Arm Request
       (32-bit)

XXX

Data to Arm

74–23 setyB13–61 setyB51–0 setyB

Bytes 0–15

Buffer 1 (128 bits)

Bytes 32–47

Bytes 0–3 Bytes 4–7 Bytes 8–11 Bytes 12–15 Bytes 16–19 Bytes 20–23 Bytes 24–27XXX

XXX Bytes 16–31

@ 0 @+4 @ +8 @+12 @+16 @+20 @+24 @+28 @+32

Bytes 28–31

anticipation of @16-31


