
VCC_P5V0

0.1uF
C120

VCC_P5V0

0.1uF
C117

GND

USB1_CC2

GND

VCC_P5V0

330pF
C122

GND

GND

GND

VCC_P5V0

USB1_CC1

330pF
C118

GND

USB1_DRD

USB1_DRD

10k
R121

GND

GND

GNDB1 1

GND2

B0 3A4

VCC 5

S6

NC7SB3157P6X

U104

B1 1

GND2

B0 3A4

VCC 5

S6

NC7SB3157P6X

U108

5.1k
R124

5.1k
R115

VCC_P5V0

0.1uF
C116

GND

56k
R112

56k
R118

VCC_P5V0

GND

VCC_P3V3

USB1_CC
USB1_CC2

USB1_CC1
100k
R111

A1

B2 Y 4

GND
3

VCC
5

SN74LVC1G38DBVR
U105


